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%A-coded 3-pole, straight overmolded, unshielded M8 A-coded 3-pole, straight overmolded, unsh@
for ftechnical defails see: DS 21025001002 for technical details see: DS 21025001001
[ Mating face acc. to IEC 61076-2-104 Mating face acc. to IEC 61076-2-104
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female male 11 XXX=110
Loading-Plan: " 10 XXX=100
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4.0 to 40 +1% 0.2 XXX=002
0.1 to 3.9 +0.04 0.1 XXX=001
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PVC grey, 3x0.25mm? 21348081380 XXX
Type of cable Part no.
| Tech. Character. Free size tol. According to production drawing
6@ All D'imensions
- Protection level: IP67 - — — — — —
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