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For Use with Printer:
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Dimensions:

1.25 in H x 0.5 in W

Finish:

Matte

Material:
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1ADD TO CART

B-361B

Color:

Clear/White

Printer and Label Applications:

Wire & Cable

Part Number:

LAT-49-361-1

Add To Favorites

People who

viewed this item

also viewed

Overview

Self-Laminating Polyester (B-361) is supplied with a white printable or write-on zone and a translucent

overlaminating area to protect graphics after printing is complete.

Good smudge resistance, solvent resistance and elevated temperature performance

Simple to customize using laser print technology
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Service temperature of -94°F to 230°F (-70°C to 110°C)

Specifications

Material Number B-361B

Country of Origin

MX - All trade information (i.e. Country of Origin, Harmonized Schedule code,

and/or Export Control Classification Number) and related assistance provided by

Brady Corporation and its affiliates is provided for informational purposes only

and is subject to change without notice. Any use of such information by you is

without recourse to Brady Corporation or its affiliates and is at your own risk. This

information is not provided as legal advice or as a substitute for obtaining

specific legal advice. If you have any questions regarding your specific situation,

you should consult your attorney.

Catalog Page # 262

Dimensions 1.25 in H x 0.5 in W

UOM Pack of 11 Sheets

Finish Matte

Label/Tape Size 1.25 in H x 0.5 in W

Maximum Service

Temperature °F
230 °F

Minimum Service

Temperature °F
-94 °F

Printable Area

Dimensions
0.5 in H x 0.5 in W

Printable Area Height 0.5 in

Printable Area Width 0.5 in

Product Number 62340

UPC 662820623403

Quantity per Card or

Sheet
91

Sheet Height 11 in

Sheet Width 8.5 in

Thickness 0.002 in

Trade Name LaserTab®

Unit Price /Label

UNSPSC 55121612

Adhesive Type Acrylic

Applications Cable & Wire Marking

Color Clear/White

For Use with Printer Laser Printers

Header No Header
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Label Properties Self Laminating Labels & Wraps

Material Polyester

Material Properties Laser Toner-receptive, Self-laminating

Printer and Label

Applications
Wire & Cable

Resistance Properties
Chemical-Resistant, Corrosion-Resistant, High Temperature-Resistant, Humidity-

Resistant, Smear-Resistant, UV-Resistant, Weather-Resistant

Shape Rectangle

Support
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Brady (NYSE:BRC) is a

manufacturer of complete

solutions that identify and

protect people, products and

places. Brady’s products help

customers increase safety,

security, productivity and

performance and include high-

performance labels, signs, safety

devices, printing systems and

software.
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