Minimum cable diameter: 3

Maximum cable diameter:
- with rubber bushing:
- without rubber bushing:
- without reduction plate:

09 67 025 0322 4L-40 UNC
Part number Threaded insert

Cable diometer —=-

Max. torque = 0,4 N.m
(4 screws)

Cable reduction

7(5:1) plate (x2)

—

9 NIEPA\E

1747670747020.0.0.9.9.9. 9.9

—

27,8
L7

53,7

Threaded insert

Scale

1:1

Free size tol.

Ref.

Sub.

8 % ALL Dinensions in mm
8,5 Original Size DIN Ak
12,5 ALL rights reserved

Department

ECPD - FR

(reated by
00UGE

Inspected by Standardisation

BAGDIKTAN KOHLER

Date
2013-01-29

State
Final Release

HARTING Electronics GmbH
0-32339 Espelkamp

" D-Sub Hood 25P top entry full metal

Doc-Key / ECH-Nr.
100526094/UGD/001/A
500000056836
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