Part Number : 1301520016

Product Description : Watertite Lamp Holder, —

15.0A, 600V, 300W " :
Series Number : 130152 V
Status : Active

Product Category : Portable Lighting Accessories

Engineering Part Number : 600

Documents and Resources

STEP AP242
SOLIDWORKS

Creo

Product Environment Compliance

Compliance

GADSL/IMDS Not Relevant

China RoHS Not Reviewed per SJ/T
11365-2006

EU ELV Not Relevant

Low-Halogen Status Not Reviewed per IEC 61249-2-21

REACH SVHC Not Reviewed per D(2025)7771-
DC (04 Feb 2026)

EU RoHS Not Reviewed per EU 2015/863

Compliance Statements
e EU ROHS

e REACH SVHC

e Low-Halogen

Industry Documents

e IPC1752A Class C

e |[PC1752A Class D

e Molex Product Compliance Declaration
o |EC-62474

e chemSHERPA (xml)

Substances of Interest
e PFAS
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https://www.molex.com/en-us/products/part-detail/1301520016
https://www.molex.com/bin/molex/traceparts/cad-request?partNumber=1301520016&cadFormatId=659
https://www.molex.com/bin/molex/traceparts/cad-request?partNumber=1301520016&cadFormatId=659
https://www.molex.com/bin/molex/traceparts/cad-request?partNumber=1301520016&cadFormatId=7
https://www.molex.com/bin/molex/traceparts/cad-request?partNumber=1301520016&cadFormatId=16
https://www.molex.com/en-us/product-compliance#pn=1301520016
https://www.molex.com/en-us/product-compliance#pn=1301520016
https://www.molex.com/en-us/industry-compliance?pn=1301520016
https://www.molex.com/en-us/industry-compliance?pn=1301520016
https://www.molex.com/en-us/substances-of-interest?pn=1301520016
https://www.molex.com/en-us/substances-of-interest?pn=1301520016
https://www.molex.com/en-us/substances-of-interest?pn=1301520016
http://www.arrow.com

EU RoHS Certificate of Compliance

Additional Product Compliance Information

Part Details
General
Status Active
Category Portable Lighting Accessories
Series 130152
Description Watertite Lamp Holder, 15.0A,
600V, 300W
NEMA Configuration N/A
Product Name Woodhead
Type Lamp Holder
UPC 78678861650
Agency
CSA LR1533
UL E73750
Electrical
Lamp Wattage - Maximum 300W
Lumens N/A
On/Off Switch No
Voltage (Fixture) - Maximum 600V DC
Physical
Bulb Type Incandescent
Cord Length - Primary N/A
Cord Length - Secondary N/A
Depth N/A
Duty Wet Location
Guard Included No
Guard Type N/A
Height N/A
Lamp Type N/A
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https://www.molex.com/en-us/rohs-pdf?pn=1301520016
https://www.molex.com/en-us/rohs-pdf?pn=1301520016
https://www.molex.com/en-us/rohs-pdf?pn=1301520016
https://www.molex.com/en-us/rohs-pdf?pn=1301520016
https://www.molex.com/en-us/rohs-pdf?pn=1301520016
https://www.molex.com/en-us/about/product-compliance
https://www.molex.com/en-us/about/product-compliance
https://www.molex.com/en-us/about/product-compliance
https://www.molex.com/en-us/about/product-compliance
http://www.arrow.com

Length N/A
Material - Guard N/A
Net Weight 1.000/g
Outlet None
Packaging Type Bag
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