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] AU Dimensions inmm | Techn. Character. Nicht tolerierte MaBel Free size folerances
Original Size DIN A &
ht. boe | Mstibisale D-sub Mixed, 24W?#, female,
Detail. | 14-10-11 SD angled,?OA
D nsp. | 16-10-11| JB 1.1 screw lock
Stand.
Blatt/ page
09 69 500 9058 PL3 EC03915| 14-10-11 SD HARTING EUR': m TB 09 69 500 9058 ’I/
Part number Performance level Mod. Dat. Name F-95912 Paris v Sub. /I
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