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Performance Passives By Design

FEATURES

+ RUGGED CONSTRUCTION IN STANDARD EIA SIZES

« EFFECTIVE EM/RFI SUPPRESSION UP TO 100MHz

* 100% CLOSED MAGNETIC CIRCUIT, AVOIDS CROSSTALK
+ BOTH FLOW AND REFLOW SOLDERING APPLICABLE

* MEETS THE REQUIREMENTS OF AEC-Q200 (OPTIONAL)*
* OPERATING TEMPERATURE RANGE: -40°C TO +125°C
*See part number system for details

STANDARD VALUES AND CASE SIZES (mm)

Impedance DC DC
EIA NIC - A B C D
Size Part Number Qa(t 112%2/';/'?;) R&z;ta(gc;e M(;;rr(?'ta\) (mm) (mm) (mm) (mm)
NCBO01005N100TR054F | 10 +5 ohm 0.10 540
NCB01005N700TR028F 70 0.37 280
01005 |NCB01005N750TRO26F 75 0.45 260 0.40 +0.02 | 0.20+0.02 | 0.20 £+0.02 | 0.10 +0.04/-0.03
NCB01005N121TR022F 120 0.60 220
NCBO01005N121TR024F 120 0.53 240
NCB0201N600TRO20F 60 0.40 200
NCB0201N800TRO20F 80 0.60 200
0201 | NCB0201N121TR020F 120 0.80 200 0.60 £0.05 | 0.30£0.05 | 0.30 £0.05 0.15 £0.05
NCB0201N241TRO20F 240 1.00 200
NCB0201N601TRO20F 600 1.70 200
NCB0402P190TR050F 19 0.20 500
NCB0402P220TR030F 22 0.20 300
NCB0402P300TR0O30F 30 0.20 300
NCB0402P400TR0O60F 40 0.12 600
NCB0402P600TR0O30F 60 0.25 300
NCB0402P700TR0O50F 70 0.15 500
NCB0402P121TR0O10F 120 0.30 100
NCB0402P121TR0O30F 120 0.30 300
NCB0402P121TR050F 120 0.25 500
NCB0402P151TR010F 151 0.30 100
NCB0402P221TR010F 220 0.40 100
0402 | NCB0402P221TR0O30F 220 0.40 300 1.0 £0.15 0.50 £0.15 0.5 +0.15 0.25 £0.15
NCB0402P221TR070F 220 0.40 700
NCB0402P301TR0O05F 300 0.75 50
NCB0402P331TR0O10F 330 0.50 100
NCB0402P331TR070F 330 0.28 700
NCB0402P471TR010F 470 0.65 100
NCB0402P601TRO10F 600 0.80 100
NCB0402P601TRO30F 600 0.80 300
NCB0402P601TR0O90F 600 0.23 900
NCB0402P102TR020F 1000 1.20 200
NCB0402P102TR025F 1000 1.10 250
NCB0402P182TR020F 1800 2.20 200
Continued on page 2
PART NUMBER SYSTEM
NCB 0805 A 121 TR 020
T T— RoHS Compliant )
—|j —[ Q = Optional AEC-Q200 qualification
DC Current Rating (see standard values and case size table)
Packaging: TR = Tape and Reel
Impedance at 100Mhz
3 digit code; first two digits are significant third digit is no. of zeros
Part Thickness Max; A=1.1mm, B=1.3mm, C=1.5mm, D=1.7mm, E=1.8mm,
K=2.8mm, L=3.1mm, N=0.35, P=0.65mm, R=0.95mm
Size
L Series
I_Op%nal:_"Y" denotes suitable for Etonﬁtive_equﬁmen_t, sourced to sEcial
L ___Pbroduction and inspection at IATF-16949 certified production site
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STANDARD VALUES AND CASE SIZES (mm)
Impedance DC DC

EIA NIC ; A B C D
Size Part Number Qa(t 112%22/'?;) R&s;;t:?g;e Mgi.rr(eg;) (mm) (mm) (mm) (mm)

NCB0603R100TRO70F 10 0.20 700

NCB0603R300TRO70F 30 0.20 700

NCB0603R470TRO70F 47 0.20 700

NCBO0603R600TRO70F 60 0.20 700

NCB0603R750TRO50F 75 0.30 500

NCB0603R800TRO20F 80 0.30 200

NCB0603R900TRO50F 90 0.15 500

NCBO0603R121TRO60F 120 0.25 600

NCB0603R141TR020F 140 0.30 200

NCB0603R151TRO60F 150 0.25 600
0603 | NCB0603R221TR0O55F 220 0.30 550 1.6 £0.2 0.8 £0.15 0.8 +0.15 0.4 +0.2

NCBO0603R301TRO50F 300 0.35 500

NCB0603R331TRO50F 330 0.35 500

NCB0603R431TR040F 430 0.30 400

NCBO0603R451TRO10F 450 0.70 100

NCB0603R471TRO35F 470 0.45 350

NCB0603R601TRO35F 600 0.50 350

NCB0603R751TR020F 750 0.70 200

NCBO0603R801TRO10F 800 0.90 100

NCB0603R102TR020F 1000 0.70 200

NCB0603R152TR0O30F 1500 1.00 300

NCBO0805A070TRO60F 7 0.10 600

NCBO0805A110TRO90F 11 0.10 900

NCB0805A170TRO60F 17 0.10 600

NCB0805A260TR0O60F 26 0.10 600

NCB0805A300TRO60F 30 0.10 600

NCB0805A320TR0O50F 32 0.30 500

NCB0805A400TR0O60F 40 0.10 600

NCB0805A600TRO90F 60 0.10 900

NCB0805A750TR020F 75 0.15 200

NCB0805A750TR040F 75 0.15 400

NCBO0805A800TR040F 80 0.40 400

NCB0805A900TR0O60F 90 0.10 600

NCB0805A121TR0O30F 120 0.10 300

NCB0805A121TR0O50F 120 0.20 500 2.0+0.2 1.250.2 0.9+0.2 0.5+0.3
0805 NCBO0805A121TRO80F 120 0.20 800

NCB0805A151TRO80F 150 0.20 800

NCB0805A221TR0O75F 220 0.30 750

NCB0805A241TR040F 240 0.30 400

NCBO0805A301TR0O70F 300 0.30 700

NCB0805A401TR0O20F 400 0.90 200

NCB0805A471TR0O70F 470 0.35 700

NCB0805A601TRO50F 600 0.40 500

NCB0805A801TR0O45F 800 0.40 450

NCB0805A102TR040F 1000 0.45 400

NCB0805A152TR0O01F 1500 0.90 10

NCBO0805A152TR0O35F 1500 0.50 350

NCB0805A202TR025F 2000 0.60 250

NCB0805C222TR010F 2200 0.75 100

NCB0805C222TR020F 2200 0.70 200 2.0+0.2 1.25+0.2 1.25 0.2 0.5+0.3

NCB0805C252TR020F 2500 0.75 200

Continued on page 3
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STANDARD VALUES AND CASE SIZES (mm)
Impedance DC DC
EIA NIC . A B C D
- at 100MHz Resistance Current
SiEE P Q(#25% Tol) | Max. (@) | Max. (mA) (i) (1) ) (i)
NCB1206B190TRO50F 19 0.15 500
NCB1206B260TR050F 26 0.15 500
NCB1206B310TR0O50F 31 0.20 500
NCB1206B320TRO50F 32 0.15 500
NCB1206B420TR0O50F 42 0.20 500
NCB1206B500TR0O50F 50 0.20 500
NCB1206B600TR040F 60 0.20 400
NCB1206B680TR050F 68 0.20 500
NCB1206B700TRO50F 70 0.20 500
NCB1206B900TR0O50F 90 0.20 500
NCB1206B101TRO90F 100 0.15 900
NCB1206B121TR0O90F 120 0.15 900
1206 NCB1206B151TRO90F 150 015 900 3.2+0.2 1.6+£0.2 1.1+0.2 0.5+£0.3
NCB1206B201TR020F 200 0.50 200
NCB1206B221TR070F 220 0.35 700
NCB1206B601TR020F 600 0.50 200
NCB1206B601TR040F 600 0.40 400
NCB1206B601TR050F 600 0.30 500
NCB1206B801TR0O30F 800 0.60 300
NCB1206B102TR040F 1000 0.40 400
NCB1206B102TR030F 1000 0.60 300
NCB1206B122TR010F 1200 1.00 100
NCB1206B152TR030F 1500 0.70 300
NCB1206B202TR0O30F 2000 1.50 300
NCB1806E800TR040F 80 0.30 400
1806 | NCB1806E101TRO50F 100 0.10 500 45+0.25 1.6+£0.2 1.6+0.2 0.5+0.3
NCB1806E151TR020F 150 0.50 200
NCB1812D700TR030F 70 0.40 300
NCB1812D800TRO30F 80 0.40 300
1812 NCB1812D121TRO50F 120 0.30 500 45+0.25 3.2+0.2 1.5+0.2 0.5+0.3
NCB1812D131TR0O30F 130 0.40 300
COMPONENT DRAWING
B
C
TERMINATION:

A

(Nickel Barrier
with Sn Plate Finish)
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NCB PRESSED PAPER TAPE DIMENSIONS (mm)

FIGURE 1 (PRESSED PAPER TAPE)

Dimensions [NCB01005N [NCB0201N | NCB0402P [ NCB0603R [ NCB0805A
A 0.38+0.03/0.62 + 0.03[1.05 + 0.03[1.50 + 0.05
B 0.68+0.03[1.12+0.03[1.85+0.03]2.30 + 0.05
T 0.44 +0.03/0.60 + 0.03]0.95 + 0.05]0.95 + 0.05
W 8.0 0.1
E 1.75 + 0.1
F 3.5£0.1
P1 2.0+0.1 | 4.0 +0.1
P2 2.0+0.1
Chips/Reel 10,000 10,000 4,000 4,000
Fig. 1 1 1 1

NCB EMBOSSED PLASTIC TAPE DIMENSIONS (mm)

->§P2§<T>§ w
& — %%%ﬁ [
B “B-FF L ‘
| ’ i |
—>|A _><_T

Downloaded from AFFOW.com.

Dimensions [ NCB0805C | NCB1206B [ NCB1806E [NCB1812D
A 150+01[194+01]194+01]364+0.1
B 235+01[354+01[4.94+01 [ 4.94+0.1
T 1.45+0.1 [1.29 + 0.05]1.90 + 0.051.80  0.05
w 8.0 12.0
E 1.75
F 3.5 | 5.5
G 2.0+0.05
P 40+0.1 8.0+0.1
Chips/Reel | 2,000 3,000 2,000 1,000
Fig. 2 2 2 2

FIGURE 2 (EMBOSSED PLASTIC TAPE)
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NCB LAND PATTERN DIMENSIONS (mm) NCB REEL DIMENSIONS
Size A B C Dim [ Size: 01005, 0201, 0402, 0603, 0805 & 1206 | Size: 1806 & 1812
01005 A 178 £2.0
0201 0.30 0.32 0.25 B 60 £ 1.0
0402 0.80 0.55 0.50 c 13.0£0.5
0603 1.00 0.60 0.80 D 21.0£038
0805 1.00 1.20 1.20 E 2005
1206 1.00 1.80 2.00 w 10.0£1.0 | 14.0£1.0
1806 1.05 1.80 3.30 t 2005
1812 1.05 3.50 3.30 R 1.0
1612 1.70 2.00 2.20

le— A —>le— ¢ — e 2 —»

RECOMMENDED LAND PATTERN (mm)

Temperature (°C)

25°C

"T'

B

.

Reflow Soldering Profile

Pre-Heating Soldering
20 ~ 40s
TP (260°C/10s max.) | ™

Natural
Cooling

217°C
60 ~ 150s

- ] -

200°C

480s max.

Time (sec.)
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