Product data sheet h binder

Product description Snap-In IP40 Female cable connector, Contacts: 5, 3.5-5.0 mm, unshielded, solder, IP40
Area Snap-In IP40 series 719
Part no. 09 9790 71 05
lllustration Scale drawing Contact arrangement (Plug-in side)
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You can find the assembly instructions on the next page.

Technical data

Part no.

Connector design Female cable connector
Version Connector socket straight
Connector locking system shap-in

Termination solder

Degree of protection IP40

Cross-sectional area 0.25 mm?2/ AWG 24
Cable outlet 3.5-5.0 mm
Temperature range from/to -25°C/70°C
Mechanical operation > 100 Mating cycles
Weight (g) 1.31

Customs tariff number 85369010

Rated voltage 60V

Rated impulse voltage 800V

Rated current (40 °C) 30A

Insulation resistance =210 Q

Pollution degree 1

Overvoltage category 1]
Insulating material group 1]
EMC compliance unshielded
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Product description

Part no. 099790 71 05

Housing material
Contact body material
Contact material
Contact plating
REACH SVHC

SCIP number

eCl@ss 11.1
ETIM 9.0

Low Voltage Directive

Assembly instructions

1. Bead pressing screw and clomping
sleeve to cable.

Dismantle cable to 9 mm length.
Strip and solder single wires.
Screw on dlomping sleeve.

Tighten pressing screw.
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Area Snap-In IP40 series 719

B bhinder

Snap-In IP40 Female cable connector, Contacts: 5, 3.5-5.0 mm, unshielded, solder, IP40

PA

PA

CuSn (bronze)

Au (gold)

CAS 7439-92-1 (Lead)
42ffb2fa-Ocbe-4e6a-8a61-7¢8397e38eb0

27-44-01-09
EC003569

2014/35/EU (EN 60204-1:2018;EN 60529:1991)

female insert Y

pressing screw

A&\ 0,8-1,0 Nm

clamping sleeve

L\ 0,2 Nm

male insert
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Product description Snap-In IP40 Female cable connector, Contacts: 5, 3.5-5.0 mm, unshielded, solder, IP40

Area Snap-In IP40 series 719
Part no. 09 9790 71 05
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