CONTACTS: COPPER ALLOY
HARDWARE: BRASS
INSULATOR: PBT FIBER REINFORCED (UL94V-0 RATED)

FINISH:

SHELL: TIN/NICKEL PLATED
CONTACTS: GOLD FLASH PLATED
HARDWARE: NICKEL PLATED

ELECTRICAL:
CURRENT RATING: 3 AMP

MISCELLANEOUS:
OPERATING TEMPERATURE RANGE: -55°C TO +60°C.
ALL CONTACTS WIRED STRAIGHT THROUGH.

5. COMPONENT SHALL BE TESTED FOR CONTINUITY.
6. LABELING:

BACKGROUND COLOR: PANTONE 2945 BLUE.
TEXT: "L-COM" (FONT: MyriaMM REGULAR)
TEXT: "SOCKET SAVER" (FONT: ARIAL BOLD)
TEXT HEIGHT: .085 [2.16]

TEXT COLOR: WHITE.
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