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ELECTRICAL SPECIFICATIONS
FREQUENCY RANGE (MHz): 950 - 2150 1.00
ISOLATION (dB): 12 MIN
INSERTION LOSS (dB): 1.00 MAX
1 vswr: 1.65 MAX
POWER: AVG (ALL PORTS): 75W
PEAK: 100W
MECHANICAL SPECIFICATIONS EESE | Dilo
| CONNECTORS: SMA FEMALE, NICKEL PLATED BRASS S I T ——— o
CONTACT PINS: BERYLLIUM COPPER, GOLD PLATE 02003 .
OPERATING TEMPERATURE:  10° to +55°C oo 950 - 2150 MHz  Circulator
WEIGHT (APPROX): 15 OUNCES
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