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SHELL | A+0.38] B£0.12] Co0.10] DQ-25] E0.07] PART NUMBER
09 130.81]24.99]16.96]16.21 | 10.96 | DO9S91C4PV3FLF
15 139.14]33.32]25.18124.54]19.18 | D15531C4PV3FLF
25 153.03]47.04[339.1238.25 | 33.12 | D25531C4PV3FLF
37 ]69.32]63.50]55.68]54.71 | 49.68 | D37591C4PV3FLF
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GENERAL CHARACTERISTICS AND ROHS INFORMATIONS: |
NOTE 1. SEE DRAWING C01-8646-0001 |
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