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SIGN | DATE DESCRIPTION APPROVER
A [10/20°05] Dim changed from 3.8 to 3.5 Marvin
A\ | 04/20'06| Added feature Marvin
A | 8/16'06 | Added VDE standard Steady
E /N | 171107 | Soldering temperature changed from 245° to 250° Tony
X /A | 5/27'08 | Operating temperature is changed Marvin
/N | 3/17°09 | The dimensians is changed from 2.3mm to 2.5mm Jacke
o~ /A [2009.08.18 The material is changed Jacke
=~ /A [2011.03.16| The dimensions is changed from 2.5mm to 2.45mm Aaron
. aof A\ [2012.05.14 Valtage rating is changed Chen Bo
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A @ Current rating: 10A/10.5A
n /_@ ® Withstanding Voltage: 1.6 KV/2.5KV
AO Operating temperature: -40°C to +115°C
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