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i \——RECOMMENDED TORQUE 1. 0NM I MATERTAL:
RECOMMENDED TOROUE O 4NM ‘ ITEM NO. | :NUT -7ZINC DIE-CAST NICKEL PLATED
s ‘ ITEM NO.2:HOUSING -PA
ITEM NO.3:CONTACT -BRONZE
- RECOMMENDED TORQUE O. 4NM | TEM NO.4: HOUSING BODY: -PBT+GF
2. CONTACT FINISH:
PGO9 GOLD OVER NICKEL OR SILVER OVER NICKEL
3. CABLE WIRES:
FOR 2~5 PIN:
2AAWG/0.25mm2 . . I8AWG/0.75mm2 (WITHOUT FERRULE)
26AWG/ 0. [ 4mm2. . 20AWG/0.50mm2 (WITH FERRULE)
FOR 8 PIN:
DAAWG/ 0. 25mm2 . . 20AWG/0.50mm2 (WITHOUT FERRULE)
AR 26AWG /0. [4mm2  22AWG/0. 34mm2 (WITH FERRULE)
3 TABLE 1 4 ALLDIMENSIONS ARE FOR NOMINAL REFERENCE ONLY UNLESS OTHERWISE STATED
T411100X02X-000 T411100X03X-000 T411100X04X-000 5. PACKAGEING: IPIECE IN A BAG
6. PN INFORMATION
T411100XXXX-000
T4111002081-000 |RPC-M12-MS-8CON-PGY-MU COTTAggLE‘g¢§EIN‘CKEL
T4111002082-000 |RPC-M12-MS-8CON-PG9-M 50 STIVER OVER NICKEL
T4111001081-000 |RPC-M12-MS-8CON-PGT-MU NUMBERS OF PINS:
T4111001082-000 [RPC-MI2-MS-8CON-PGT-M 8%} é E}Hg
— T4111002051-000 |RPC-M12-MS-5CON-PG9-MU oL 1 PINS
T4111001051-000 |RPC-M12-MS-5CON-PGT-MU 05: 5 PINS
T4111002052-000 |RPC-M12-MS-5CON-PG9-M 08: & PINS
T4111001052-000 |RPC-M12-MS-5CON-PGT-M CABLE OUTLET:
RN TILE T T4111002041-000 |RPC-M12-MS-4CON-PG9-MU |- PGT(CABLE FEED: 4-6mm)
T4111001041-000 |RPC-M12-MS-4CON-PGT-MU BRASB‘PG9<CABLE FEED: 6-8mm)
T4111002042-000 |RPC-M12-MS-4CON-PG9-M T W/ TE LOGO
T4111001042-000 |RPC-M12-MS-4CON-PGT-M
14111002031-000 |RPC-MI12-MS-3CON-PGI-MU THIS DRAWING IS A CONTROLLED DOCUMENT. |PWN 080CT2015
T4111001031-000 |RPC-MI12-MS-3CON-PGT-MU HAQ WANG =" TE TE Connectiviiy
A T4111002032-000 |RPC-M12-MS-3CON-PG9-M SRR T RIS KOBBY 7HAD —
OTHERWISE SPECIFIED: APVD 080CT2015 [name
T4111001032-000 |RPC-M12-MS-3CON-PGT-M mm XTANG L MT12 MALE, A CODE, STRAIGHT
TA111002021-000 |RPC-M12-MS-2CON-PG9-MU TR 05106140 UNSHTELDED CONNECTOR
T4111001021-000 |RPC-MI2-MS-2CON-PGT-MU %ﬁ%{:::}iﬁi 27 AFPLICATION SPeC SCREW TERMINAL
T4w110020227000 RPC*MWZ*MS*ZCON*PG@*M ANZtE +- . 1147137144 SIZE CAGE CODE | DRAWING NO RESTRICTED TO
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