NCB-GH Series

High Frequency/High Current 5—

Ferrite Chip Beads loéen tree| COMPONENTS
FEATURES

* STANDARD EIA 0402 ~ 0603 CASE SIZES

* EFFECTIVE EM/RFI SUPPRESSION > 1 GHz

* CURRENT RATINGS UP TO 1500 mA

* HIGH IMPEDANCE OVER A WIDE FREQUENCY RANGE

* COMPATIBLE WITH AUTOMATIC PICK AND PLACE EQUIPMENT
* REFLOW SOLDERING APPLICABLE

OPERATING TEMPERATURE RANGE: -55°C TO +125°C*

Impedance Impedance DC DC
gilzpé g/lﬁ at ‘1)00MH2 a? 1GHz | Resistance Cl\bl‘;'f_?t (mAm) (mBm) (mCm) (mDm)
Ohms Q Ohms Q Max. () (mA)
NCB-GH0402D121TRO60F 120 100 0.25 600
NCB-GH0402U121TRO60F 120 100 0.25 600
NCB-GH0402U121TR110F 120 100 013 1100
0402 ™\ CB-GH0402D221TRO50F 220 300 038 s00 | 001 | 0501 ) 0501 10.25+01
NCB-GH0402U221TRO50F 220 200 038 500
NCB-GH0402U221TRO70F 220 250 0.25 700
NCB-GH0603U101TRO8OF 100 100 0.2 800
NCB-GH0603U101TR200F 100 100 0.055 2000
NCB-GH0603G121TRO90F 120 700 013 900
NCB-GH0603U121TR200F 120 110 0.055 2000
NCB-GH0603D151TRO8OF 150 200 0.2 800
NCB-GH0603D151TR150F 150 200 0.07 1500
NCB-GH0603D221 TRO60F 220 300 0.25 600
NCB-GH0603D221TR120F 220 300 012 1200
NCB-GH0603U221TRO60F 220 220 0.25 600
NCB-GH0603D331TRO50F 330 500 03 500
NCB-GH0603D331TRO90F 330 500 0.15 900
0603 | NCB-GH0603U331TRO50F 330 300 03 500 | 1.6+02 | 0.8+0.15|0.8+0.15| 0.30.2
NCB-GH0603D391TRO70F 390 600 0.18 700
NCB-GH0603D471TRO50F 470 700 0.32 500
NCB-GH0603D471TRO70F 470 700 0.22 700
NCB-GH0603U471TRO50F 470 400 0.32 500
NCB-GH0603D601 TRO50F 600 1000 035 500
NCB-GH0603D601TRO70F 600 1000 0.24 700
NCB-GH0603U601 TRO50F 600 450 035 500
NCB-GH0603D102TRO15F 1000 1300 0.9 150
NCB-GH0603D102TRO60F 1000 1000 035 600
NCB-GH0603U102TRO15F 1000 750 0.9 150
NCB-GHO603E152TR0O50F 1500 1000 05 500

Note: Other values and case sizes available.
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PART NUMBER SYSTEM
NCB-GH 0603 U 331 TR 050 E

*NCB-GH Derating Above +85°C

(Derating applies to part numbers with current ratings of 800mA and higher)

DC Current Rating (see standard values and case size table) 25
Packaglng TR = Tape and Reel
Impedance at 100MHz
3 digit code; first two digits are significant third digit is no. of zeros
Impedance Characteristic (see Impedance curves)
Size
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TERMINATION:
(Nickel Barrier
—> D|<— A —>| Dl<e— with Sn Plate Finish) 0 50 85 100 125 150
<t > Operating Temperature[C]

TAPE DIMENSIONS (mm)

(PRESSED PAPER CARRIER)

. NCB-G0402 NCB-G0603
Dimensions|  NGB-GH0402 NCB-GH0603 PSP "
A 0.65 1.00 Pooboe v
B 1.15 1.80 I : -
T 0.80 1.10 4 — &+ 94— 9 M~ ——
W 80x03 v o ; LLI
E 1.75+0.1 - ' = L
F 3.5+0.05 —|E|—m- _ H NI
P1 2.0+0.1 | 4.0+0.1 . ||
P2 2.0 »_flo.os . | | A ' \
Chips/Reel 10,000 4,000
3 |2l > |er
REEL DIMENSIONS
Dim Size: 0402 & 0603
A 178 + 2.0
B 58 + 2.0
C 3.0+0.1
W 9.0+1.5
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RECOMMENDED LAND PATTERN (mm)

le— B—>le— A —>

Size A B C

0402 0.45 ~ 0.55 0.40 ~ 0.50 0.45 ~ 0.55

0603 0.60 ~ 0.80 0.60 ~ 0.80 0.60 ~ 0.80
C

.

e— B —>

Temperature °C

200°C

150°C +-

100°C +

50°C

REFLOW SOLDERING PROFILE

260°C 260°C Peak -----..-- >

Time above 240°C
i 20 ~ 60 sec. max.
1130°C ~ 190°C

90 ~ 150 sec.

Time (seconds)
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