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RESISTANCE VS TEMPERATURE CHARACTERISTICS:
Temp(°C) R min Rnom | Rmax Temp(°C) R min Rnom | Rmax
(KQ) (KQ) (KQ) (KQ) (KQ) (KQ)
-40 1383 | 1445 151 50 1654 | 1688 | 1.723
35 1023 | 1066 | 111.1 55 1360 | 1.400 | 1.431
E 30 76.33 | 7931 | 8240 60 1138 | 1166 | 1.194
- 255 - 25 5739 | 5946 | 6159 65 0.951 0.976 1.002
20 4346 | 4400 | 4630 70 0799 | 0821 | 0844
7.0 MAX 15 | 3288 | 3387 | 34.80 75 | 0674 | 0694 | 0.714
é 10 2500 | 2578 | 26.48 80 0571 | 0589 | 0607
g : 5 1030 | 1978 | 2027 85 0486 | 0502 | 0519
D g \ 0 1497 | 1530 | 1564 a0 0416 | 0430 | 0445
\ BLUE EPOXY WIRE : 28 AWG PFA BLACK UL 10503 - Han) =R 95 il Rkl i
10 018 0.34 9.50 100 0308 | 0319 | 0.331
15 727 7.38 7.49 105 0266 | 0277 | 0287
20 5.80 5.87 5.04 110 0231 | 0240 | 0250
25 4 65 4.70 4.75 115 0201 | 0210 | 0218
30 3.74 3.79 3.83 120 0176 | 0183 | 0.191
C 35 3.03 3.07 311 125 0154 | 0161 | 0.168
40 2 46 250 254 130 0134 | 0141 | 0143
NOTES: 45 2.01 2.05 2.09 135 0114 | 0121 | 0.118

1. RESISTANCE @ 25°C : 4.7KQ+1%.
2. BETA VALUE (0/50°C) : 3892K%1%.

g 4. DISSIPATION FACTOR : 1.5mW/°C

6.INSULATION RESISTANCE : 10MQ AT 100 VDC

3. OPERATING TEMPERATURE RANGE : -40°C TO +135°C.

5. THERMAL TIME CONSTANT : LESS THAN 3SECONDS IN WATER
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