NOTES THIRD ANGLE PROJ. & & REVISIONS

v DESCRIPTION DATE ECO APPR

. MATERTALS AND FINISHES: RELEASE TO MFG 18-0ct-10| 48168 KR

BODY - BRASS, NICKEL PLATING

CONTACT - BeCu. GOLD PLATING UPDATE LABEL PRINTING 05-Dec-16 | 02607 KEN

O|T( =M

OUTER CONTACT - BeCu, NICKEL PLATING NOTE 4 IN SHEET | WAS CHANGED 1-Aug-18 08804 SH

INSULATOR - PTFE
BAYONET - BRASS, NICKEL PLATING

2. ELECTRICAL:
A. IMPEDANCE: 75 OHM
B. FREQUENCY RANGE: DC - 3 GHz
C. RETURN LOSS: -25 dB MIN.

3. MECHANICAL:
A. DURABILITY: 500 CYCLES MIN,
B. TEMPERATURE RANGE: -65 C TO +165 C

4. PACKAGING:
A QUANTITY: SINGLE PACK 29,32 REF SCALE  2.500

B. MARKING: BAG TO BE MARKED [1.154]
"AMPHENOLRF, APH-BNCJ-HDBNCP AND DATE CODE"

Il 1,89 REF
[.433] [.468]

o
\\/ |
\NTERFACE PER

- 349-50820
INTERFACE PER -
MIL-STD-348 __(\ SERIES: HD-BNC PLUG
SERIES: BNC PLUG, 75 OHMS = -

VvV

D2
[.472]
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NOTICE - These drawings, specifications, or other data (1) are, and remain the SEE NOTES ENGINEER DATE HD BNC PLUG TO Danbury CT USA, Tainan, Taiwan, Shenzhen, China
property of Amphenol corp. (2) must be returned upon requiest; and (3) arre PADMANABHAN E 24-Feb-10 BNC JACK 75 OHM www.omphenolrf.com

confidential and not to be disclosed to any person other than those to whom they

are given by Amphenol Corp. the funishing of these drawings, specifications, or

other data by Amphenol Corp., or to any other person to anyone for any purpose is REFERENCE APPROVED DATE ADAPTER DRAW‘NG NOAPH’BNCJ’HDBNCP

EAR #3970

not to be regarded by implicatioin or otherwise in any manner licensing, granting S HSIEH \O’Aug’\S SCALE: 8.0:1.0 ‘SHEET 2 OF 2
hts t tt h hold th t facture, Il : i o - -
praduct, process of design, patenied of ofherwsie, that may in any way be related fo  |CONFIGURATION LEVEL: In Work CAD FILE DWG ST7E REV [ TEM NO. APH-BNCJ-HDBNCP
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