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SPECIFICATIONS:

ITEMNO. : SBH-341A
WIRE UL 1007, #26 AWG
BLACK & RED : 150 MM+ 5MM
STRIP & TIN : 5MM+4+ 1MM
MATERIAL: A.B.S. RESIN
BLACK COLOR
SPRING : .6 MM 65C SPRING WIRE
DESCR. FOR FOUR "AA" CELLS

WITH COVER & SCREW
SERIES CONNECTION, 6 VOLTS
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END VIEW COVER
Note: Dimensionsin mm. ( inches)
TOLERANCES 1 1
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