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CAUTION - Risk of Electric Shock
Do Not Disconnect Under Load.
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* If a different length is required, contact your Icoal
HARTING office for part numbers and support.

L=1.0m: 2087 146 6002 100
L=2.0m: 2087 146 6002 200
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PIN-OUT ()
MALE INSERT CABLE FEMALE INSERT ©00o0o0
PIN 1 #1 (BLACK) PIN 1 :
PIN 2 #2 (BLACK) PIN 2 @ ‘ ‘ @
PIN 3 #3 (BLACK) PIN 3 u u
PIN 4 #4 (BLACK) PIN 4
PIN 5 #5 (BLACK) PIN 5
PIN 6 #6 (BLACK) PIN 6
PIN 7 #7 (BLACK) PIN 7
PIN 8 #8 (BLACK) PIN 8
PIN 9 #9 (BLACK) PIN 9
PIN 10 #10 (BLACK) PIN 10
PE GREEN/YELLOW PE
Notes:
1. Contacts use crimp style termination.
DESCRIPTION REV DATE NAME FARTING PART NUMBER
20 87 146 6002 LOO
DESCRIPTION
UL2237 Cable Assembly
Han 10 E, side-entry, 2-lever
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