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Mating face acc. to IEC 61754-20
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9 33541113000002 300
E 8 33541111000002 100 -Protection level: IP67/65 E
7 33541110600002 60 -Temperature range: -20°C ... +60°C
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i 22221118338885 mulfi-mode, 4-chanel, 4G50/125, black ;8
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