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1. MATERIAL:
HOUSING: THERMOPLASTIC; COLOR: BLACK
CONTACT: COPPER ALLOY, GOLD PLATED
SLEEVES: ALUMINUM BLACK ANNODIZED
2. SPECIFICATIONS:
2.1 CURRENT RATING: 13 AMPS
2.2 OPERATING TEMPERATURE: -55°C TO +125°C
2.3 DIELECTRIC WITHSTANDING VOLTAGE: LESS THAN 2
MILLIAMPS CURRENT LEAKAGE @ 1500 VOLTS AC.
2.4 INSULATION RESISTANCE: 1000 MEGOHMS MIN @ 25°C.
2.51P68 (1M of water for a period of 24 hours,

in mated condition) IP69K (in mated condition)

2.6 MATING CYCLE DURABILITY: 100 CYCLES
2.7 RoHS COMPLIANT
3. MATING PART: AT06-35* PLUG ( * = MODIFICATIONS AND COLORS )
4. ALL DIMENSIONS ARE FOR REFERENCE USE ONLY.
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