SURGE PROTECTION INDICATOR LAMP
15 AMP 125 VOLT, LENS COLOR - RED

GROUND INDICATOR LAMP
159 AMP 125 VOLT, LENS COLOR - GREEN

15 AMP 125 VOLT
COLOR - BLACK

PART RACKMOUNT POWER OUTLET STRIP PART _ _ REV. L
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NOTES: J
1) INTERNAL WIRE CAPACITY -
14 AWG SOLID TW CONDUCTOR
2) ALL COMPONENTS ARE UL. APPROVED 3.79
3) SURGE SUPPRESSION PROTECT
VOLTAGE:
4) UL, LISTED IN USA AND CANADA. ® ® ®
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zY - T CIRCUIT BREAKER THERMAL TYPE
- 19.00 L 15 aMP 125 VOLT WITH RESET
COLOR - BLACK
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= 133 \ GROUNDING TYPE RECEPTACLE (8 PLCS.)

ON 7/ OFF SWITCH CILLUMINATED)
15 AMP 125 VOLT, COLOR - BLACK
BUTTON COLOR - RED TRANSPARENT
[LLUMINATED IN “ON” POSITION

\ STRAIN RELIEF CORD SET TYPE

COLOR - BLACK
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