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27 33614311000006 100
C 26 33614310900006 90 C
25 33614310800006 80
2L 33614310700006 70
23 33614310600006 60
22 33614310500006 50
21 33614310450006 45
20 33614310400006 40
19 33614310350006 35
D 18 33614310300006 30 0
17 33614310250006 25
16 33614310200006 20
15 33614310150006 15
14 33614310140006 Fiber opfic, multi mode 62.5/125 um 14
13 33614310130006 13 -
12 33614310120006 12
11 33614310110006 11
10 33614310100006 10
S 33614310090006 9 E
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7 33614310070006 7
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