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Your product:

10-1319.1199
> Filament lamp

OPERATING-/INDICATION PART

Illumination colour: White

ELECTRICAL CHARACTERISTICS

Forward voltage:

Operating voltage: 48 V AC/DC

Operation current: 25 mA £10 %

MECHANICAL CHARACTERISTICS

Weight: 0.001 kg

CERTIFICATE

REACH: REACH compliant

RoHS: RoHS compliant

OTHER

Short Description: Filament lamp, T1 3% MG, White, 48 V AC/DC

Wiring diagrams:
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