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SEALING PLUGS CAN BE
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16# Ø1.2 14 - 24AWGØ2.1

MASTER KEYWAY

Ø30.6

NOTES：(UNLESS OTHERWISE SPECIFIED)
1.  MATERIAL：
     SHELL：THERMOPLASTIC，UL94 V-0.
     INSERT：THERMOPLASTIC，UL94 V-0.
     COUPLING NUT：THERMOPLASTIC，UL94 V-0.
     O-RING：NBR OR SILICONE RUBBER.
     WASHER：SILICONE RUBBER.
     END CAP：THERMOPLASTIC，UL94 V-0.
     PLASTIC RING：THERMOPLASTIC，UL94 V-0.     
     WIRE SEAL: SILICONE RUBBER.
2.  SPECIFICATIONS：
     2.1 RATED CURRENT：13A (MAX).
     2.2 RATED VOLTAGE：500V(AC/DC).
     2.3 OPERATING TEMPERATURE：SEE TABLE.
     2.4 DIELECTRIC WITHSTANDING VOLTAGE：LESS THAN
           2 MILLIAMPS  CURRENT LEAKAGE@2000 VOLTS AC.
     2.5 INSULATION RESISTANCE：5000 MEGOHMS MIN.
     2.6 IP CLASS：IP67 AND IP69K IN THE MATED CONDITION,
                             WIRE SEALS FULLY POPULATED.
     2.7 MATING CYCLES DURABILITY：500 CYCLES MIN.
     2.8 RoHS COMPLIANT. 
3.  SUITABLE CONTACTS ：16# CONTACT.
4.  ALL DIMENSIONS ARE FOR REFERENCE USE ONLY.
5.  CONTACT SIZE AND REAR SEAL WIRE RANGE：

33.3 MAX
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