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Dat, Name D-Sub, 17W2, male, straight, MaBs tab/
Detail. 17,0409 PK solder pins, rear metal frame, Seale
A : - tin plated shell with dimples,
Insp. ALLDim. in mm guiding pins and board locks, |{ 5.4
Stand. Orig. Size DIN A 4 0-ring, waterproof IP67 T
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