MASTER KEYWAY —

NOTES: (UNLESS OTHERWISE SPECIFIED)
1. MATERIAL:
SHELL: THERMOPLASTIC, UL94 V-0.
INSERT: THERMOPLASTIC, UL94 V-0.
O-RING: NBR OR SILICONE RUBBER.
SEAL GASKET: NBR OR SILICONE RUBBER.
JAM NUT: ALUMINIUM ALLOY, BLACK ANODIZING.
2. SPECIFICATIONS:
2.1 RATED CURRENT: 45A (MAX).
2.2 RATED VOLTAGE: 600V(AC/DC).
2.3 OPERATING TEMPERATURE: SEE TABLE.
2.4 DIELECTRIC WITHSTANDING VOLTAGE: LESS THAN
2 MILLIAMPS CURRENT LEAKAGE@2500 VOLTS AC.
2.5 INSULATION RESISTANCE: 5000 MEGOHMS MIN.
2.6 IP CLASS: IP67 AND IP69K IN THE MATED CONDITION,
WIRE SEALS FULLY POPULATED.
2.7 MATING CYCLES DURABILITY: 500 CYCLES MIN.
2.8 RoHS COMPLIANT.
3. SUITABLE CONTACTS : 8# CONTACT.

CONTACT SIZE| CONTACT PN | WIRE RANGE %()RITIE
MS10A23x-25 | 16 - 14AWG
BACK
MS10A23x-63 | 12 - 10AWG
g4 X SHELL
MS10A23x-10 | 8 AWG
MS10A23x | 12-10AWG | END CAP

IN THE CONTACT PN,"x" DENOTE DIFFERENT PLATING.
4. ALL DIMENSIONS ARE FOR REFERENCE USE ONLY.
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ecomate® RM, RSSM and Aquarius™ Series
Size 3.6mm Contact & Tooling Options (1403 Insert Arrangement)

Machined, Crimp Contacts

Fart Number female Contact Size (AWG) Wire Range (mm?) Fo?ll\Jc;I:chE’:i:gup F:?Elc;livizzi?;:p Plating
MP10A23T-10 MS10A23T-10 8AWG 10.0 mm? No No Tin
MP10A23S-10 MS10A23S-10 BAWG 10.0 mm? No No Silver
MP10A23F-10 MS10A23F-10 BAWG 10.0 mm? No No Gold Flash
MP10A23G5-10 MS10A23G5-10 BAWG 10.0 mm? No No Gold 5u"
MP10A23G10-10 MS10A23G10-10 8AWG 10.0 mm? No No Gold 10u"
MP10A23G15-10 MS10A23G15-10 BAWG 10.0 mm? No No Gold 15"
MP10A23G30-10 MS10A23G30-10 8AWG 10.0 mm? No No Gold 30u"
MP10A23S-63 MS10A238-63 10-12AWG 4.0-6.0 mm? No No Silver
MP10A23F-63 MST0A23F-63 10-12AWG 4.0-6.0 mm? No No Gold Flash
MP10A23S8-63 MS10A238-63W 10-12AWG 4.0-6.0 mm? No Yes Silver
MP10A23F-63 MS10A23F-63W 10-12AWG 4.0-6.0 mm? No Yes Gold Flash
MP10A23TL MS10A23T 10-12AWG 3.0-6.0 mm? Yes Yes Tin
MP10A23SL MS10A23S 10-12AWG 3.0-6.0 mm? Yes Yes Silver
MP10A23FL MS10A23F 10-12AWG 3.0-6.0 mm? Yes Yes Gold Flash
MP10A23G5L MS10A23G5 10-12AWG 3.0-6.0 mm? Yes Yes Gold 5u"
MP10A23G10L MS10A23G10 10-12AWG 3.0-6.0 mm? Yes Yes Gold 10u"
MP10A23G15L MS10A23G15 10-12AWG 3.0-6.0 mm? Yes Yes Gold 15u"
MP10A23G30L MS10A23G30 10-12AWG 3.0-6.0 mm? Yes Yes Gold 30u"
MP10A23S-25 MS10A23S-25 14-16AWG 1.5-2.5 mm? No No Silver
MP10A23F-25 MST0A23F-25 14-16AWG 1.5-2.5 mm? No No Gold Flash
MP10A23S-25 MS10A23S-25W 14-16AWG 1.5-2.5 mm? No Yes Silver
MP10A23F-25 MST0A23F-25W 14-16AWG 1.5-2.5 mm? No Yes Gold Flash

Part Number

Description

Machined, Tooling

Symbol

Plating Options
Plating

QXRTO8 Contact Extraction Tool, # 8 (@ 3.6mm) Contact T Tin Plated (for Stamped & Formed Contacts)
M300BT Hand Crimper N Silver Plated 5Um (for Machined Contacts)
WA27-300BT-EP Pneumatic Crimper F Gold Plated
TP968 Locator M3200BT and WA27-300BT-EP G5 Gold Plated (Thickness 5u”)
G10 Gold Plated (Thickness 10u")
G15 Gold Plated (Thickness 15u")
G30 Gold Plated (Thickness 30u")
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