
ASSEMBLY - TOP VIEW
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BOX - INSIDE VIEW

SECTION B-B
 PCB

LID - INSIDE VIEW
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R191-150-000

Enclosures can be Factory Modified ( Milling, Drilling, Printing etc. )
Contact Factory mjm@hammondmfg.com for quotes
Solid models of this enclosure available in STEP or IGES.
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