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NOTES: UNLESS OTHERWISE SPECIFIED

1. MATERIAL:
HOUSING: THERMOPLASTIC; BLACK
SEAL: SILICONE RUBBER

2. MODIFICATIONS: SMOOTH RING ADAPTER,;
STANDARD DIA. WIRE SEAL

3. SPECIFICATIONS:

3.1 OPERATING TEMPERATURE: -55°C TO +125°C. SMOOTH RING ADAPTER

[ 1 s0] b s [V ons [OEOOVSNSSU8-90AGHY on o |

3.2 DIELECTRIC WITHSTANDING VOLTAGE: LESS THAN 2 - GREEN
MILLIAMPS CURRENT LEAKAGE @ 1500 VOLTS AC.
3.3 INSULATION RESISTANCE: 1000 MEGOHM MIN @ 25°C.
3.4 MOISTURE RESISTANCE: IP67&IP69K ( MATED CONDITION ).
3.5 MATING CYCLE DURABILITY: 100 CYCLES
3.6 RoHS COMPLIANT AHDPOG-18-06SN-SRAC030 | REFHDP26-18-65N-C030 [
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4. MATING PART: AHDP04-18-06P* ( * = SEAL TYPE ) (C030 OPTION) QUANTITY MATERIALS LisT
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6.63 mm 7.41 mm 6 AWG THIS DRAWING IS SUPPLIED FOR CAVITIES 1, 2, 5, 6 BLOCKED, SRA, DURAMATE AHDP SERIES
4 (261in) | (292in) (16.0-13.0mm*) 100 AMPS e htwSrmnet S (s TP oo
peange erescrers | B ‘C- AHDPOE-18-06SN-SRAC030 | A1
e e N | ONE o 1 = 1

Downloaded from AFFOW.CoOm.


http://www.arrow.com

ARB, ATHD and DuraMate™ Series
Size 4 Contact & Tooling Options

Contacts - Machined

Part Number

Contact Size

Wire Range

Wire Range

Insulation OD

Plating

Packaging

(AWG)

(mm?)

(mm)

AT60-203-04141-4 Pin Machined Size 4 100A 4AWG - - Nickel-Plated -
AT60-203-0431-4 Pin Machined Size 4 100A 4AWG - - Gold-Plated -
AT60-204-0490 Pin Machined Size 4 100A 6AWG - - Nickel-Plated -
AT62-203-04141 Socket Machined Size 4 100A 6AWG - - Nickel-Plated -
AT62-203-04141-4 Socket Machined Size 4 100A 4AWG - - Nickel-Plated -
AT62-203-0431-4 Socket Machined Size 4 100A 4AWG - - Gold-Plated -

Tooling

Part Number

Tool Name

Contact Size

Wire Range
(AWG)

Material

96-978-22 Crimper and Die Machined Size 3.6mm-10mm 10mm2-185mm? n/a n/a
AT11-027-0405 Contact Extraction Tool Machined Size 4 4AWG Plastic Black
WA23 Pneumatic Crimp Tool Machined - 8-0000AWG - -
WA23-138DA WA23 Die Assembly for Pneumatic Crimp Tool Machined Size 4 4AWG - Silver
WA23-11 WAZ23 Locator for Pneumatic Crimp Tool Machined Size 4 4AWG - Blue
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