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NOTES: UNLESS OTHERWISE SPECIFIED, APPROVALS DATE - 45 BEECHWOOD DRIVE
DIMENSIONS ARE IN INCHES [mm)] DRAWN BY L-m global tiviE NORTH ANDOVER, MA
1. LENGTHS OVER 10 METERS (32.8 FT) ARE CHANNEL RATED. OveRAL aBLe Lo TorRnee: D, PARHAM 010412007 onnectivity 01845
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3. CABLE ASSEMBLY SHALL BE TESTED FOR CONTINUITY. ALL OTHER DIVENSIONAL TOLERANCES: CONFIGURATION DETALS OF || TOPUCT DESCRIPTION
*X%Xx;jggs N oV ARy VRS CA C5E PVC UTP
4. CABLE ASSEMBLY SHALL BE INDIVIDUALLY PACKAGED IN e S———— _
ACCORDANCE WITH L-COM PACKAGING SPECIFICATION PS-0031. PROJECT'OT@ _EI_ COLOR RTINS A| 43321 | TRD8I5-B '
SCALE: NONE |CAD FILE: TRD815-B.SLDDRW |SHEET 1 OF 3
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THE INFORMATION CONTAINED IN THIS DRAWING IS THE SOLE
PROPERTY OF L-COM, INC. ANY REPRODUCTION IN PART OR WHOLE
WITHOUT THE WRITTEN PERMISSION OF L-COM, INC. IS PROHIBITED.
PARTNUMBER | COLOR FEE%E'[“,\EEETTHERS] PARTNUMBER | COLOR FEE%E[N&T'ERS] PARTNUMBER | COLOR FEE'fE[N&TT'ERS]
TRD815BLK-1 BLACK 1.0 [0.31] TRD815R-1 RED 1.0 [0.31] TRD8150R-1 ORANGE 1.0 [0.31]
TRD815BLK-2 BLACK 20 [0.61] TRD815R-2 RED 20 [0.61] TRD8150R-2 ORANGE 20 [0.61]
TRD815BLK-3 BLACK 3.0 [0.91] TRD815R-3 RED 3.0 [0.91] TRD8150R-3 ORANGE 3.0 [0.91]
TRD815BLK-5 BLACK 50 [1.52] TRD815R-5 RED 50 [1.52] TRD8150R-5 ORANGE 50 [1.52]
TRD815BLK-7 BLACK 7.0 [2.13] TRD815R-7 RED 7.0 [2.13] TRD8150R-7 ORANGE 7.0 [2.13]
TRD815BLK-10 BLACK 10.0 [3.05] TRD815R-10 RED 10.0 [3.05] TRD8150R-10 ORANGE 10.0 [3.05]
TRD815BLK-14 BLACK 140 [4.27] TRD815R-14 RED 140 [4.27] TRD8150R-14 ORANGE 140 [4.27]
TRD815BLK-20 BLACK 200 [6.10] TRD815R-20 RED 200 [6.10] TRD8150R-20 ORANGE | 200 [6.10]
TRD815BLK-25 BLACK 25.0 [7.62] TRD815R-25 RED 250 [7.62] TRD8150R-25 ORANGE | 250 [7.62]
TRD815BLK-30 BLACK 30.0 [9.14] TRD815R-30 RED 30.0 [9.14] TRD8150R-30 ORANGE | 300 [9.14]
TRD815BLK-40 BLACK | 40.0 [12.19] TRD815R-40 RED 400 [12.19] TRD8150R-40 ORANGE | 400 [12.19]
TRD815BLK-50 BLACK | 50.0 [15.24] TRD815R-50 RED 50.0 [15.24] TRD8150R-50 ORANGE | 500 [15.24]
TRD815BLK-60 BLACK | 60.0 [18.29] TRD815R-60 RED 60.0 [18.29] TRD8150R-60 ORANGE |  60.0 [18.29]
TRD815BLK-75 BLACK | 750 [22.86] TRD815R-75 RED 75.0 [22.86] TRD8150R-75 ORANGE | 750 [22.86]
TRD815BLK-80 BLACK | 80.0 [24.38] TRD815R-80 RED 80.0 [24.38] TRD8150R-80 ORANGE | 800 [24.38]
TRD815BLK-90 BLACK | 90.0 [27.43] TRD815R-90 RED 90.0 [27.43] TRD8150R-90 ORANGE | 900 [27.43]
TRD815BLK-100 BLACK | 100.0 [30.48] TRD815R-100 RED 100.0 [30.48] TRD8150R-100 ORANGE | 1000 [30.48]
TRD815GR-1 GREEN 10 [0.31] TRD815Y-1 YELLOW 1.0 [0.31] TRD815GRY-1 GRAY 1.0 [0.31]
TRD815GR-2 GREEN 2.0 [0.61] TRD815Y-2 YELLOW 2.0 [0.61] TRD815GRY-2 GRAY 2.0 [0.61]
TRD815GR-3 GREEN 3.0 [0.91] TRD815Y-3 YELLOW 3.0 [0.91] TRD815GRY-3 GRAY 3.0 [0.91]
TRD815GR-5 GREEN 50 [1.52] TRD815Y-5 YELLOW 50 [1.52] TRD815GRY-5 GRAY 50 [1.52]
TRD815GR-7 GREEN 7.0 [2.13] TRD815Y-7 YELLOW 7.0 [2.13] TRD815GRY-7 GRAY 7.0 [2.13]
TRD815GR-10 GREEN 10.0 [3.05] TRD815Y-10 YELLOW |  10.0 [3.03] TRD815GRY-10 GRAY 10.0 [3.05]
TRD815GR-14 GREEN 140 [4.27] TRD815Y-14 YELLOW | 140 [4.27] TRD815GRY-14 GRAY 140 [4.27]
TRD815GR-20 GREEN 20.0 [6.10] TRD815Y-20 YELLOW |  20.0 [6.10] TRD815GRY-20 GRAY 20.0 [6.10]
TRD815GR-25 GREEN 250 [7.62] TRD815Y-25 YELLOW | 250 [7.62] TRD815GRY-25 GRAY 250 [7.62]
TRD815GR-30 GREEN 300 [9.14] TRD815Y-30 YELLOW | 300 [9.14] TRD815GRY-30 GRAY 30.0 [9.14]
TRD815GR-40 GREEN | 400 [12.19] TRD815Y-40 YELLOW | 400 [12.19] TRD815GRY-40 GRAY 400 [12.19]
TRD815GR-50 GREEN | 500 [15.24] TRD815Y-50 YELLOW | 500 [15.24] TRD815GRY-50 GRAY 50.0 [15.24]
TRD815GR-40 GREEN |  60.0 [18.29] TRD815Y-60 YELLOW |  60.0 [18.29] TRD815GRY-40 GRAY 60.0 [18.29]
TRD815GR-75 GREEN | 75.0 [22.86] TRD815Y-75 YELLOW | 75.0 [22.86] TRD815GRY-75 GRAY 75.0 [22.86]
TRD815GR-80 GREEN | 80.0 [24.38] TRD815Y-80 YELLOW | 80.0 [24.38] TRD815GRY-80 GRAY 80.0 [24.38]
TRD815GR-90 GREEN | 900 [27.43] TRD815Y-90 YELLOW | 900 [27.43] TRD815GRY-90 GRAY 90.0 [27.43]
TRD815GR-100 GREEN | 1000 [30.48] TRD815Y-100 YELLOW | 100.0 [30.48] TRD815GRY-100 GRAY 100.0 [30.48]
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THE INFORMATION CONTAINED IN THIS DRAWING IS THE SOLE
PROPERTY OF L-COM, INC. ANY REPRODUCTION IN PART OR WHOLE
WITHOUT THE WRITTEN PERMISSION OF L-COM, INC. IS PROHIBITED.
PARTNUMBER | COLOR FEE#E'[\‘AS\SETT%RS] PARTNUMBER | COLOR FEE%E'[\‘N?ETT'ERS] PARTNUMBER | COLOR FEE%E,[\IIV(\;ETTFIIERS]
D TRD815BL-1 BLUE 10 [0.31] TRD815V-1 VIOLET 10 [0.31] TRD815WHT-1 WHITE 10 [0.31]
TRD8158L-2 BLUE 20 [0.61] TRD815V-2 VIOLET 20 [0.61] TRD815WHT-2 WHITE 20 [0.61]
TRD8158L-3 BLUE 3.0 [091] TRD815V-3 VIOLET 30 [091] TRD815WHT-3 WHITE 30 [0.91]
TRD8158L-5 BLUE 50 [1.52] TRD815V-5 VIOLET 50 [1.52] TRD815WHT-5 WHITE 50 [1.52]
TRD8158L-7 BLUE 7.0 [2.13] TRD815V-7 VIOLET 7.0 [2.13] TRD815WHT-7 WHITE 7.0 [2.13]
TRD815BL-10 BLUE 10.0 [3.05] TRD815V-10 VIOLET 10.0 [3.05] TRD815WHT-10 WHITE 10.0 [3.05]
TRD815BL-14 BLUE 140 [4.27] TRD815V-14 VIOLET 140 [4.27] TRD815WHT-14 WHITE 140 [4.27]
_ TRD815BL-20 BLUE 200 [6.10] TRD815V-20 VIOLET 200 [6.10] TRD815WHT-20 WHITE 200 [6.10]
TRD815BL-25 BLUE 250 [7.62] TRD815V-25 VIOLET 250 [7.62] TRD815WHT-25 WHITE 250 [7.62]
TRD8158L-30 BLUE 30.0 [9.14] TRD815V-30 VIOLET 300 [9.14] TRD815WHT-30 WHITE 300 [9.14]
TRD815BL-40 BLUE 400 [12.19] TRD815V-40 VIOLET | 400 [12.19] TRD815WHT-40 WHITE 400 [12.19]
TRD815BL-50 BLUE 50.0 [15.24] TRD815V-50 VIOLET | 50.0 [15.24] TRD815WHT-50 WHITE 50.0 [15.24]
TRD815BL-60 BLUE 60.0 [18.29] TRD815V-60 VIOLET | 60.0 [18.29] TRD815WHT-60 WHITE 60.0 [18.29]
C TRD815BL-75 BLUE 75.0 [22.86] TRD815V-75 VIOLET | 750 [22.86] TRD815WHT-75 WHITE 750 [22.86]
TRD8158BL-80 BLUE 80.0 [24.38] TRD815V-80 VIOLET | 80.0 [24.38] TRD815WHT-80 WHITE 80.0 [24.38]
TRD815BL-90 BLUE 900 [27.43] TRD815V-90 VIOLET | 900 [27.43] TRD815WHT-90 WHITE 90.0 [27.43]
TRD8158BL-100 BLUE 100.0 [30.48] TRD815V-100 VIOLET | 100.0 [30.48] TRD815WHT-100 WHITE 100.0 [30.48]
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