A

Voltage rating:250V
Contact finish Material: USB 1.1:G/Fu”

,USB 2.0:G/30u”
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Current rating:1.5A PART NUMBER CONTENTS DESCRIPTION

1001-001-BE-KIT

1001-A-BE-01000

USBL. 1 CONNECTOR AND HOOD, ASSEMBLY A TYPE, BEIGE, 4PCS PER BAG

Shielding material: SPCC
Outer jacket Material and color :

1001-A-01300

1001-A-BE-01000

PVC Beige 1002-001-BE-KIT

1002-A-01300

USB2. 0 CONNECTOR AND HOOD, ASSEMBLY A TYPE, BEIGE 4PCS PER BAG

CnC Tech, LLC

@ | PEBAG |1/200| CLEAR SIZE:300X400X0.05m PRINT BLACK’MADE IN CHINA"+"200PCS”
® | PEBAG 1 |CLEAR SIZE:60X80X0.05mm PRINT BLACK"MADE IN CHINA®+"1PC” Industrial Cable and Connector Technology
; i DATE: DESCRIPTION:
® | OUT JACKET | 1 |PVC 55P COLOR:BEIGE | DRAWN BY: |PATE: s02/27 | VoA
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NO.| NAME |QTY | SPECIFICAlTION | Amovm)I BY: ||scml1:1 REV. A/|1 |[uar: @ =
1 2 3 4 5 6 7 8 10

L

Downloaded from AFfOW.com.



http://www.arrow.com

