Data Sheet | Item Number: 285-427
Power tap; for 35 mm? high-current tbs; Module width 8 mm; 6,00 mm?; gray
https://www.wago.com/285-427

WAGD

.

Color: m gray
Electrical data
Ratings per IEC/EN 60947-7-1 Approvals per UL 1059
Overvoltage category 111 I I Use group B (@
Pollution degree 3 2 2 Rated voltage 600V 600V
Nominal voltage 800V - - Rated current 30A 30A
Rated impulse withstand voltage 8kv - -
Rated current 41A - -
Approvals per CSA 22.2 No 158 General information
Use group B C D Wiring direction Side-entry wiring
Rated voltage 600V 600V -
Rated current 32A - -
Connection Data
Clamping units Connection 1
Total number of potentials Connection technology CAGE CLAMP®
Solid conductor 0.2..6mm?/24..10 AWG
Fine-stranded conductor 0.2..6mm?/24...10 AWG
Strip length 12..13mm/0.47 ...0.51 inches
Wiring direction Side-entry wiring
Page 1/5 Version 22.08.2026 Continued on next page

Downloaded from AFFOW.com.


https://www.wago.com/285-427
http://www.arrow.com

Data Sheet | Item Number: 285-427

Physical data
Width
Module width

Mechanical data
Design

Marking level

Material data
Note (material data)
Color

Fire load

Weight

Commercial data
Product Group

PU (SPU)

Packaging type
Country of origin
GTIN

Customs tariff number

Product Classification
UNSPSC

eCl@ss 10.0

eCl@ss9.0

ETIM9.0

ETIM10.0

ECCN

Environmental Product Compliance
RoHS Compliance Status

Approvals / Certificates

General approvals

(A @ e .

8 mm/0.315inches
8 mm/0.315inches

angled

Center marking

gray
0.118 M)
93¢

1 (Rail Mounted Terminal Blocks)
5pcs

Box

PL

4045454549626

85366990990

39121410

27-14-11-92
27-14-11-92

EC002848

EC002848

NO US CLASSIFICATION

Compliant,No Exemption

Declarations of conformity and manufacturer's declarations

Approval Standard Certificate Name
" ATEX-Attestation of Confor- - -
Approval Standard Certificate Name mity
CCA EN 60947 NTRNL-7707 WAGO GmbH & Co. KG
DEKRA Certification B.V. EU-Declaration of Conformi- - =
CSA 222 1151144 ty
CSA Group WAGO GmbH & Co. KG
KEMA/KEUR EN 60947 71-105562 KF‘DEdamﬁ°”°fC°m°”““ - -
DEKRA Certification B.V.
WAGO GmbH & Co. KG
UL UL 1059 20190731-E45172
Underwriters Laboratories
Inc.
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Approvals for marine applications Approvals for hazardous areas
o ;?,,,m-_n,%‘. S
Approval Standard Certificate Name Approval Standard Certificate Name
ABS EN 60947 24-0152298-PDA ATEX EN 60079-0 PTB98 ATEX3134U(II12G
American Bureau of Ship- Physikalisch Technische ExebIICGborIM2Exebl
ping Bundesanstalt Mb)
DNV GL - TAE00001V2 CCC GB/T 3836.3 2020312313000177 (Ex eb
Det Norske Veritas, Ger- CNEX 1IC Gb, Ex eb I Mb)
maksehelove IECEx IEC 60079-0 IECEx PTB 16.0001U (Ex eb
PRS - TE/1094/880590/23 Physikalisch Technische IIC Gb or Exeb I Mb)
Polski Rejestr Statkow Bundesanstalt
Downloads
Environmental Product Compliance
Compliance Search
Environmental Product
Compliance 285-427 i
Documentation
Bid Text
285-427 xml
19.02.2019 3.07KB i
285-427 doc
27.02.2017 23.50 KB i
CAD/CAE-Data
CAD data CAE data
2D/3D Models 285-427 EPLAN Data Portal
NS 285-427 NS
WSCAD Universe
285-427 NS
ZUKEN Portal 285-427 \l/
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1 Compatible Products
1.1 Optional Accessories

1.1.1 Marking
1.1.1.1 Marker

Mini-WSB Inline; for Smart Printer; 1700
pieces on roll; stretchable 5 - 5.2 mm; plain;
snap-on type; blue

Mini-WSB Inline; for Smart Printer; 1700
pieces on roll; stretchable 5 - 5.2 mm; plain;

snap-on type; red

Mini-WSB marking card; as card; not stretch-
able; plain; snap-on type; blue

Mini-WSB marking card; as card; not stretch-
able; plain; snap-on type; orange

Mini-WSB marking card; as card; not stretch-
able; plain; snap-on type; yellow

=

WMB marking card; as card; for terminal
block width 5 - 17.5 mm; stretchable 5 - 5.2
mm; plain; snap-on type; light green

WMB marking card; as card; for terminal
block width 5 - 17.5 mm; stretchable 5 - 5.2
mm; plain; snap-on type; white

=Y

WMB marking card; as card; not stretchable;
plain; snap-on type; green

WMB marking card; as card; not stretchable;
plain; snap-on type; violet

&

WMB-Inline; for Smart Printer; 1500 pieces
onroll; stretchable 5 - 5.2 mm; plain; snap-
on type; gray

Mini-WSB Inline; for Smart Printer; 1700
pieces on roll; stretchable 5 - 5.2 mm; plain;
snap-on type; gray

Mini-WSB Inline; for Smart Printer; 1700
pieces on roll; stretchable 5 - 5.2 mm; plain;
snap-on type; violet

Mini-WSB marking card; as card; not
stretchable; plain; snap-on type; gray

Mini-WSB marking card; as card; not
stretchable; plain; snap-on type; red

=

WMB marking card; as card; for terminal
block width 5 - 17.5 mm; stretchable 5 - 5.2
mm; plain; snap-on type; blue

WMB marking card; as card; for terminal
block width 5 - 17.5 mm; stretchable 5 - 5.2
mm; plain; snap-on type; orange

WMB marking card; as card; for terminal
block width 5 - 17.5 mm; stretchable 5 - 5.2
mm; plain; snap-on type; yellow

73

WMB marking card; as card; not stretchable;
plain; snap-on type; light green

WMB marking card; as card; not stretchable;
plain; snap-on type; white

&

WMB-Inline; for Smart Printer; 1500 pieces
onroll; stretchable 5 - 5.2 mm; plain; snap-
on type; green

Mini-WSB Inline; for Smart Printer; 1700
pieces on roll; stretchable 5 - 5.2 mm; plain;
snap-on type; green

Mini-WSB Inline; for Smart Printer; 1700
pieces on roll; stretchable 5 - 5.2 mm; plain;
snap-on type; white

Mini-WSB marking card; as card; not
stretchable; plain; snap-on type; green

Mini-WSB marking card; as card; not
stretchable; plain; snap-on type; violet

WMB marking card; as card; for terminal
block width 5 - 17.5 mm; stretchable 5 - 5.2
mm; plain; snap-on type; gray

WMB marking card; as card; for terminal
block width 5 - 17.5 mm; stretchable 5 - 5.2
mm; plain; snap-on type; red

WMB marking card; as card; not stretchable;
plain; snap-on type; blue

5

WMB marking card; as card; not stretchable;
plain; snap-on type; orange

T

WMB marking card; as card; not stretchable;
plain; snap-on type; yellow

&

WMB-Inline; for Smart Printer; 1500 pieces
on roll; stretchable 5 - 5.2 mm; plain; snap-
on type; light green

Mini-WSB Inline; for Smart Printer; 1700
pieces on roll; stretchable 5 - 5.2 mm; plain;
shap-on type; orange

Mini-WSB Inline; for Smart Printer; 1700
pieces on roll; stretchable 5 - 5.2 mm; plain;
snap-on type; yellow

Mini-WSB marking card; as card; not stretch-
able; plain; snap-on type; light green

Mini-WSB marking card; as card; not stretch-
able; plain; snap-on type; white

o

WMB marking card; as card; for terminal
block width 5 - 17.5 mm; stretchable 5 - 5.2
mm; plain; snap-on type; green

WMB marking card; as card; for terminal
block width 5 - 17.5 mm; stretchable 5 - 5.2
mm; plain; snap-on type; violet

WMB marking card; as card; not stretchable;
plain; snap-on type; gray

=Y

WMB marking card; as card; not stretchable;
plain; snap-on type; red

&

WMB-Inline; for Smart Printer; 1500 pieces
on roll; stretchable 5 - 5.2 mm; plain; snap-
on type; blue

WMB-Inline; for Smart Printer; 1500 pieces
on roll; stretchable 5 - 5.2 mm; plain; snap-
on type; orange
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1.1.1.1 Marker

&

Item No.: 2009-115/000-024
WMB-Inline; for Smart Printer; 1500 pieces
on roll; stretchable 5 - 5.2 mm; plain; snap-
on type; violet

1.1.2 Strain relief
1.1.2.1 Strain relief

g

Item No.: 769-410

Strain relief plate; for female and male con-
nectors; 1 part; Pin spacing 5 mm; 1-pole;
gray

1.1.3 Test and measurement

1.1.3.1 Testing accessories

/

Item No.: 210-136
Test plug; 2 mm @; with 500 mm cable; red

Installation Notes

Installation

&

Item No.: 2009-115

WMB-Inline; for Smart Printer; 1500 pieces
on roll; stretchable 5 - 5.2 mm; plain; snap-
on type; white

The power tap is inserted into the jumper

contact slot. It can be fitted with a strain re-

lief plate.

Testing

Testing

Voltage measurements can be performed, e.

g., using a 2-pole voltage tester (206-707).

Power tap inserted in a jumper contact slot

Subject to changes. Please also observe the further product documentation!

&

Item No.: 2009-115/000-002
WMB-Inline; for Smart Printer; 1500 pieces
on roll; stretchable 5 - 5.2 mm; plain; snap-
on type; yellow

WAGOo

Current addresses can be found at:: www.wago.com
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