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TE CONNECTIVITY OBTURATED CABLE ENTRY PLATE PROPERTIES 
BRM 22 WAYS

PROPERTY SPECIFICATION

CLAMPING RANGE
16x⌀3.0-6.5mm to 4x⌀5.0-9.2mm
to 2X⌀8.0-12.5mm

CABLE ENTRIES 22ways/Single hole per way

NON USED WAYS Automaticaly Obturated

ENCLOSURE WALL THICKNESS (1 mm to 1.5 mm)

ENTRY PLATE FIXATION Snap - Fit or 4 pcs M4x20mm screws
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1SNG603007R0000 EP-BRM-SZ22-LGR-A 7035 L.Grey 148 60 13.5

1SNG603008R0000 EP-BRM-SZ22-BL-A 9005 Black 148 60 13.5

7 1 ENCLOSURE - GENERIC -
6 1 FRAME SEALING - POLYURETHANE OR SLICONE -
5 1 BACK FRAME - PA 6 +(GF) -
4 1 SEAL GEL - POLYURETHANE -
3 1 RUBBER SPACER - CR RUBBER -
2 1 SEALING MEMBRAN - BUTYL (IIR) RUBBER -
1 1 FRONT FRAME - PA 6 +(GF) -
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