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| used for: DIN EN 60603-2 TYPE "M 1/2"
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| | \ 32 HOLES FOR CODE PINS ¢1x4.5mm DEEP NOTES:
b 1. INSULATOR: PBT GF UL 94 V-0; GREY

2. CONTACTS: COPPER ALLOY
[0 PLEASE ADD C for GOLD over NICKEL; 500 MATING CYCLES
, O PLEASE ADD B for GOLD over NICKEL; 400 MATING CYCLES
RoHS compliant
[J PLEASE ADD A for GOLD over NICKEL; 50 MATING CYCLES
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