
JS-1

all categories  > through hole technology  > jumper  > jumper socket, combination with WL-1, WLW-1, WLA-1-2, WLA-2-2

>> request quote / information   |   >> download specs 

l Easily on/off by combining with WL-1, WLW-1, WLA-1-2, WLA-
2-2.

l Contact Resistance....20m ohm or less
l Finish....Au plating over Ni
l Material....

Contact part..Phosphorus bronze
Resin part..PBT black (UL94V-0)

l Mating/unmating Forces....70g or more
l Rated Current....3A
l Rated Voltage....250V AC, DC
l Recommended Male Pin Diameter (square mm)....0.64
l Temperature Range (degrees Celsius)....-40 to +125

Jumper socket, Combination with WL-1, WLW-1, WLA-1-2, WLA-2-2
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