DESCRIPTION: 180 SERIES CRIMP AND POKE MACHINED MALE CONTACT SPECIFICATIONS:

MATERIALS:
CONTACTS: 10u" GOLD PLATED C3603 BRASS
ELECTRICAL:
RATED CURRENT: 3A
WIRE AWG: 20-26
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ONCE INSERTED INTO NORCOMP 180 SERIES CRIMP AND POKE CONNECTORS,
CANNOT BE REMOVE.
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