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A 3 2 1 Shield Shell —————  Shell
4 3 2 1 6 09 &5 145 2915 HARTING PushPull USB3.0 Type A, 1 x PushPull - 1 x IP20 5,0 0,10
[ max. 20,2 5 09 45 145 2914 HARTING PushPull USB3.0 Type A, 1 x PushPull - 1 x IP20 3,0 £0,05 [ ]
N 09 &5 145 2913 HARTING PushPull USB3.0 Type A, 1 x PushPull - 1 x IP20 2,0 20,05
3 09 45 145 2912 HARTING PushPull USB3.0 Type A, 1 x PushPull - 1 x IP20 1,5 0,05
E 2 09 &5 145 2911 HARTING PushPull USB3.0 Type A, 1 x PushPull - 1 x IP20 1,0 £0,05 E
1 09 45 145 2910 HARTING PushPull USB3.0 Type A, 1 x PushPull - 1 x IP20 0,5 0,03
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[ All Dimensions in mm Scale Free size tol. Ref. |
6@% Original Size DIN A3 2:1 Sub.
—‘ All right d Created by Inspected by Standardisation Date State
HARTING PO e STORCK ELLERMANN HOFFMANN 2018-08-23 Final Release
¥ |Ocrarinent | pp Title Doc-Key / ECM-NT,
F HPP V& USB 3.0 type A, System cable: PushPull - IP20 sssiugnisss f p
HARTING Electronics GmbH — — — -
0-32339 Espelkamp TB 0945145291)( B 1/1
1 3 A 5 | 6 | 7 | 8

Downloaded from AFfOW.com.

A3


http://www.arrow.com

