Technical characteristics
acc. to DIN EN 50124-1:
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Rated insulation voltage: 2.3 kV
Overvoltage category: OV2
Pollution degree: PD3
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Cover and countersunk-head screws are enclosed separately.

All Dimensions in mm Scale Free size fol. Ref.
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