
 

 

 

 

 

 

 

Dimensions of drawing without tolerances ± 0,3 mm.  
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Data sheet: BV EI 603 1029  

  

Frame size/Core height Output (ta 70B) h 1 (mm) h 2 (mm) weight kg 

EI 603 .... /30,5 mm 30 VA 43,5 ± 0,5  54,2 ± 0,5 0,800 

- output up to 30 VA  - excellent temperature fluctuation resistance 
properties 

- non short-circuit-proof at temperature class ta 70 
°C/B 

- minimum size, maximum capacity 

- Type "KK" cast housing with 4 fixing straps - self-extinguishing cast housing and sealing 
material 

- maximum safety and long-term durability - individually tested with certificate 

Article no. BV  Output ta 70°C/B prim.V  Connecting pins  
Operating point 

sec. ± 5%  
Connecting pins 

No-load voltage  
V ± 5%  

EI 603 1029 30 230 1 - 7 1 x 24 V 1250 mA 9 - 13 1 x 27 

Primary protection by means of transformer heat coils to IEC 127 Standards or secondarily with 
PTC resistances. 

Certificates

Page 1 of 1

8/25/2013http://www.hahn-trafo.com/english/daten/6031029.htmDownloaded from Arrow.com.

http://www.arrow.com

