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RECEPTACLE ACCEPTS A .008-.014 THICK I.C. LEAD.
TUBE LOADED FOR AUTOMATIC INSERTION.

TWO .000030 MIN THK. GOLD STRIPES IN CONTACT AREA WITH TIN—LEAD
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MAXIMUM DIMENSION FOR I.C. SEATING PLANE.
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