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Part number

SPVQ361200

Q Inquiry
B Series Common Info

# Print

Non shorting

Push

With wire (Downwards)
1+£0.5N

Boss - left side

-40°C to +85°C

0.1A 12V DC/50pA 5V DC

500mQ max./1Q max.

100MQ min. 500V DC
500V AC for 1 minute
30N for 1 minute
20N

300,000 cycles 1Q max.

300,000 cycles 1Q max.

-40°C 500h

85°C 500h

60°C, 90 to 95%RH 500h
400

1,600

X CLOSE


http://www.alps.com/products/e/
https://www.alps.com/prod/info/E/HTML/Switch/Detector/SPVQ3/SPVQ361200.html#
https://www.alps.com/prod/info/E/HTML/Switch/Detector/SPVQ3/SPVQ3_common.html
javascript:print();
https://www.alps.com/prod/info/E/HTML/Switch/Detector/SPVQ3/SPVQ361200_3dcad.html
https://www.alps.com/prod/info/E/PDF/Switch/Detector/Detector/SPVQ361200_RoHS.pdf
http://www.arrow.com

Downloaded from AFfOW.com.

Unit: mm

13
e 1.2
| | 2.2

Terminal No.3-1)
i E@ ON starting point

| | Terminal No.3-2)
= OFF starting point
Operating force Free position

measurement position

Total travel
position

!

$25

12

Terminal No.(1)
Terminal No.2)
Terminal No.3)

Circuit Diagram

— -
L) €))
@® O
Packing Specifications
Bulk
Number of packages 1 case / Japan 400
(pcs.)
1 case / export 1,600
packing
Export package measurements (mm) 555x375x223

Notes are common to this series/models.
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. This site catalog shows only outline specifications. When using the products, please obtain formal

specifications for supply.

. Unless specified, the length of the lead wire is 250mm. Color is either Red, Black or Yellow. For length

modification, please contact us.

. This unit cannnot be used in water (IP67 rating, except for terminal).

. Unless circuit is specified, wired (downward) types will apply three wires.

. Please specify circuit (N. O. or N. C.) for wired (side) types. Unless specified, the circuit will apply N. O.
. Please place purchase orders per minimum order unit (integer).

. This products can be used in vehicles.

Although these products are designed to perform over a wide operating temperature range, please ensure that
you receive and read the formal delivery specifications before use.

Inquiries about Products

© Inquiry

STRIC CO.,LTD


https://www.alps.com/inquiry/inqcatalog?lang=en
http://www.arrow.com

Inquiries about Products

© Inquiry

COPYRIGHT© 2018 ALPS ELECTRIC CO.,LTD

Downloaded from AFfOW.com.


https://www.alps.com/inquiry/inqcatalog?lang=en
http://www.arrow.com

