Cable diameter — =

1(5:1) Cable reduction

Max. torque = 0,4 N.m plate (x2)

(L screws)

—

D) NIEPA\E

—

3 Threaded insert

Minimum cable diameter:

Maximum cable diameter:
- with rubber bushing:
- without rubber bushing: ALL Dimensions in mn Scale | Free size tol.
- without reduction plate: 5}' Original Size DIN M | 1:1

(reated by Inspected by Standardisation Date State
00UGE BAGDIKIAN KOHLER 2013-01-29 Final Release
EC PD - FR Title Doc-Key / ECH-Nr.

U-Sub Hood 15P top enfry full metal S50/ G101

09 67 015 0323 V3 ARTING Electronics Gabd v e R
Part number |Threaded insert 0-32339 Espelkanp TB 09670150323 A 11

Downloaded from AFfOwW.com.

ALL rights reserved

Department



http://www.arrow.com

